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Dynamic Series ConnectorsDynamic Series Connectors
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D-3100S PCB Mounted Horizontal type
(P.43)

D-3100D Free Hanging type
(P.43)

D-4200S 1-Row High Voltage type

B
A

C

Tab Housing

(Panel type) (Free Hanging type)

PCB Mounting Tab Header

(Horizontal type) (Vertical type)

Receptacle Housing

No. 
of 

Pos.
Color Key

Receptacle
Housing

Plating

Tab Housing PCB Mounted Tab Header

Horizontal type Vertical type

Panel Type
Free Hanging 

Type Standard type Sequential type Standard type Sequential type

2
Black X 1-1747276-2 Gold 1-1747535-2 1-1747414-2 1-1903328-2 - 1-1747277-2 -

Black Y 2-1747276-2 Gold 2-1747535-2 2-1747414-2 2-1903328-2 - 2-1747277-2 -

3
Black X 1-1747276-3 Gold 1-1747535-3 1-1747414-3 1-1903328-3 5-1903328-3 1-1747277-3 5-1747277-3

Black Y 2-1747276-3 Gold 2-1747535-3 2-1747414-3 2-1903328-3 6-1903328-3 2-1747277-3 6-1747277-3

4
Black X 1-1747276-4 Gold 1-1747535-4 1-1747414-4 1-1903328-4 5-1903328-4 1-1747277-4 5-1747277-4

Black Y 2-1747276-4 Gold 2-1747535-4 2-1747414-4 2-1903328-4 6-1903328-4 2-1747277-4 6-1747277-4

Free Hanging type

Vertical type
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No.of 
Pos. Keying Plating Color Part Number

Dimensions
A B C

2
X - Black 1-1747276-2

27.4 23.0 8.5
Y - Black 2-1747276-2

3
X - Black 1-1747276-3

33.7 23.0 8.5
Y - Black 2-1747276-3

4
X - Black 1-1747276-4

40.1 23.0 8.5
Y - Black 2-1747276-4

No.of 
Pos. Keying Plating Color Part Number

Dimensions
A B C

2
X - Black 1-1747535-2

40.0 33.5 13.8
Y - Black 2-1747535-2

3
X - Black 1-1747535-3

46.0 33.5  13.8
Y - Black 2-1747535-3

4
X - Black 1-1747535-4

53.0 33.5  13.8
Y - Black 2-1747535-4

A
B

C

No.of 
Pos. Keying Plating Color Part Number

Dimensions
A B C

2
X - Black 1-1747414-2

26.4 33.5 13.8
Y - Black 2-1747414-2

3
X - Black 1-1747414-3

32.7 33.5 13.8
Y - Black 2-1747414-3

4
X - Black 1-1747414-4

39.1 33.5 13.8
Y - Black 2-1747414-4
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No.of 
Pos. Keying Plating Color Part Number

Dimensions
A B C

2
X Gold Black 1-1903328-2

22.4 21.8 11.9
Y Gold Black 2-1903328-2

3

X Gold Black 1-1903328-3

28.7 21.8 11.9
Y Gold Black 2-1903328-3

X Gold Black 5-1903328-3*1

Y Gold Black 6-1903328-3*1

4

X Gold Black 1-1903328-4

35.1z 21.8 11.9
Y Gold Black 2-1903328-4

X Gold Black 5-1903328-4*1

Y Gold Black 6-1903328-4*1

*1 sequential type

No.of 
Pos. Keying Plating Color Part Number

Dimensions
A B C

2
X Gold Black 1-1747277-2

22.4 10.4 23.8 
Y Gold Black 2-1747277-2

3

X Gold Black 1-1747277-3

28.7 10.4 23.8 
Y Gold Black 2-1747277-3

X Gold Black 5-1747277-3*1

Y Gold Black 6-1747277-3*1

4

X Gold Black 1-1747277-4

35.1 10.4 23.8 
Y Gold Black 2-1747277-4

X Gold Black 5-1747277-4*1

Y Gold Black 6-1747277-4*1

*1 sequential type

NOTE: All products are RoHS compliant On selection.
           You need to confirm LOT and lead time

NOTE: All products are RoHS compliant On selection.
           You need to confirm LOT and lead time

D-4200S 1-Row High Voltage

• Receptacle Housing

External Dimension

Related product information
Application Contact …P.38
Performance • Specifications 

Part Number Chart

Application
Robot/Robot Controller Application Example

Mating Dimension

• Board Mounting Tab Header
Horizontal type

• Tab Housing
Panel type C


