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Dynamic Series ConnectorsDynamic Series Connectors

Multiple Enclosure Connector

Product Standards 108-78417

Mounting Application Standard 114-5377

Manual
411-78287, 78288 (14+1P)
411-78262, 78277 (24P)

Metal type

Product Standards 108-78566

Mounting Application Standard 114-5377

Manual 411-78293 (32P)

Mold type

Description Material Finish

Contact Copper Alloy

Contact Portion:
Gold Plated
Undercoat: Nickel
Plated

Housing
94 UL V-0, Thermoplastic
Polyamide

-

Connector Case Zinc Nickel Plated

Packing Nitrile Rubber -

Shield Grip cold rolled steel
Completion: Nickel
Plated Undercoat:
Copper Plating

Metal type

Description Material Finish

Contact Copper Alloy

Contact Portion:
Gold Plated
Undercoat: Nickel
Plated

Housing
94 UL V-0, Thermoplastic
Polyamide

-

Connector Case
94 UL V-0, Thermoplastic
Polyamide

-

Packing Nitrile Rubber -

Mold type

Contact Receptacle Contact Tab Contact

Wire size

No. of Pos.
AWG 
#18

AWG 
#20

AWG 
#22

AWG 
#24

AWG 
#26

AWG 
#28

AWG 
#30

24Pos - - 2 1.5 1 0.8 0.5

14+1Pos 3.5 2.7 2.5 2 1.5 1 0.8

Items Standard

Current Rating see right

Voltage Rating 125VACrms (2mm pitch products)
Dielectric Withstanding 

Voltage
1000VAC (1 minute)

Operating Temperature
-30°C~105°C (including temperature rise
through power conduction)

Total Resistance (low level) 10m max (initial)

Insulation Resistance 1,000M minimum (initial)

Insert Strength 39.2N max (per pole)

Withdrawal Strength 4.9N max (per pole)

Durability 50 times

Enclosure Lock Strength 98N min

Metal type

Contact Receptacle Contact Tab Contact

Wire size

No. of Pos.
AWG #22 AWG #24 AWG #26 AWG #28 AWG #30

32Pos 1.5 1 0.8 0.5 0.5

Mold type

Contact Refer to D-1000, D-3000

Performance Specifications

Performance Specifications

Housing

Material & Finish

Multiple Enclosure Connector

Plug Case
Housing

Jack Case
Receptacle (R) /Tab (T)

24
1939847-1
1981560-1

Standard type 1939850-1 (R) 1939839-1 (T)
1939840-1

Reverse 1981556-1 (T) 1981551-1 (R)

14+1
1939847-1
1981560-1

Standard type 1981135-1 (R) 1981133-1 (T)
1939840-1

Reverse 1981947-1 (T) 1981945-1 (R)

32 1981919-1
Standard type 1981921-1 (R) 1981914-1 (T)

1981913-1
Reverse 2013393-1 (T) 2013391-1 (R)

Receptacle Housing Tab Housing Jack CasePlug Case

Reverse (Jack Case) A

B

C

No.of 
Pos. Keying Plating Color Part Number

Dimensions
A B C

24 - - Black 1981556-1 19.6 20.8 16.8

14+1 - - Black 1981947-1 22.8 28.2 16.8

32 - - Black 2013393-1 27.2 20.0 17.6

Reverse (Plug Case)A

B

C

No.of 
Pos. Keying Plating Color Part Number

Dimensions
A B C

24 - - Black 1981551-1 27.5 23.7 20.2

14+1 - - Black 1981945-1 27.5 23.7 20.2

32 - - Black 2013391-1 29.5 23.0 17.0

A

B

C

A

B

C

No.of 
Pos. Keying Plating Color Part Number

Dimensions
A B C

24 - - Black 1939850-1 19.6 15.3 16.8

14+1 - - Black 1981135-1 22.0 22.8 16.8

32 - - Black 1981921-1 27.2 15.3 17.6

Shield clip P /N 1939851 - 1 (plug case) tool: 1891820 - 1 (411-78273)

NOTE: All products are RoHS compliant On selection.
           You need to confirm LOT and lead time

Related product information
Application Contact … 24-pole: D - 1000 series P. 13
            14+1P pole: D-1000 series, D-3000 series P13, 38
            32 P pole: D - 1000 series P. 13

Part Number Chart Outside Diameter Dimension•

• Receptacle Housing
   Standard (Plug Case)

• Tab Housing
   Standard (Jack Case)

External Dimension

No.of 
Pos. Keying Plating Color Part Number

Dimensions
A B C

24 - - Black 1939839-1 27.5 23.3 20.0

14+1 - - Black 1981133-1 27.3 27.5 20.2

32 - - Black 1981914-1 29.5 22.3 17.0


