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Dynamic Series ConnectorsDynamic Series Connectors

Accessories

• L bracket D-3000

Used to secure free-hanging type tab housings onto panels.  
Two styles, large and small, are available, the former for large-
sizes housings and the latter for small housings.  Applicable 
housings are specified in the table of housings
5900121-2 (S)
5900121-4 (L)

Part number : 5900121-2(S) Part number : 5900121-4(L)

Panel Hole Machining recommended
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• Push rivets D-3000

Used to secure panel-type tab housings onto panels (Use as a handy 
mounting hard ware.  Cannot be used with larger sized housings or those 
that are frequently inserted and withdrawn).

Part Number Panel
Thickness

Dimensions
Insert Strength Retention Force

A B C D E

900128-1 0.3~1.3 6.4 1.6 4.5 3.5 1.95 19.6N~29.4N 127.4N Min.
900128-2 1.3~2.3 6.4 1.6 5.5 3.5 1.95 19.6N~29.4N 127.4N Min.

* when using 2
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Panel Mounting Hex Screws D-2000Panel Mounting Screws D-2000, D–3000

Part Number
Dimensions

A B C

900167-1 9.0 10.3 M3

Part Number
Dimensions

A B C

1376059-1 5.5 12.3 M3

Part Number List

Contact Categories / Others

Part Number Page Part Number Page Part Number Page Part Number Page

84695 72 179960 73,74 1318126 30,31 1871935 24
84696 72 316040 72,81 1318127 30,31 1871940 24

131896 72,81 316041 72,81 1318579 32 1903100 101

175194 38 316080 49,51 1318697 72,81 1903111 13

175195 38 316081 49,51 1318983 82 1903112 13

175196 38 316130 46,48 1318985 72,81 1903113 13

175216 38 316131 46,48 1318986 72,81 1903114 13

175217 38 316132 46,48 1376009 30,31 1903115 13

175218 38 316133 46,48 1376020 30,31 1903116 13

175284 38 316516 56,57 1376059 112 1903117 13

175285 38 316517 56,57 1376133 56,57 1903118 13

175286 38 353079 73,74 1376135 29 1903120 13

175287 38 353080 73,74 1376136 30,31 1903121 13

175288 38 353081 73,74,79,80 1376137 30,31 1903122 13

175289 38 353082 73,74,79,80 1473668 79 1903124 13

175365 56,57 353715 38 1717412 43,44 1903125 13

176346 58 353716 38 1747145 84 1903126 13

177555 56,57 353717 38 1747147 84 1903289 101

177662 42 353718 38 1747277 66,67 1903328 66,67

177665 42 641994 109 1747415 65 1903601 43,44

178136 46,48 900128 112 1747416 65 1939261 18,20

178137 45 900167 112 1747418 65 1939588 13

178138 46,48 917251 55 1747419 65 1939638 14,16

178139 49,51,52,53 917337 46,48 1747443 81 1939818 18,20

178140 49,51,52,53 917338 46,48 1747498 65 1939840 106

178141 45 917484 38 1747499 65 1939847 106

178216 55 917485 38 1747500 65 1939995 16

178293 39,41 917511 38 1747501 65 1971151 23

178294 39,41 917512 38 1747994 30,31 1971182 23

178295 39,41 917541 73,74 1827538 33 1981458 75,76

178296 39,41 917542 73,74 1827569 13 1981560 106

178297 39,41 917657 49,51 1827570 13 1981690 72

178298 39,41 917658 49,51 1827571 13 1981691 72

178303 43,44 917802 72 1827572 13 1981823 97,98

178305 43,44 917803 72 1827581 21,22 1981913 106

178306 43,44 917804 72,81 1827583 21,22 1981919 106

178307 43,44 917805 72,81 1827586 13 2013325 24

178308 43,44 1102770 93 1827587 13 2013407 20

178313 39,41 1102771 93 1827588 13 2013593 72

178314 39,41 1106005 93 1827589 13 2013594 72

178315 39,41 1106006 93 1827872 14,16 2013597 101

178316 39,41 1123309 75,76 1827873 14,16 2013599 101

178317 39,41 1123624 54 1827875 18,20 2013714 101

178318 39,41 1123829 75 1827876 18,20 2013716 101

178323 43,44 1318105 28 1871056 14,16 2040516 14,16

178325 43,44 1318106 28 1871131 96 2040558 18,20

178326 43,44 1318107 28 1871132 96 2069312 99

178327 43,44 1318108 28 1871303 13 2069313 99

178328 43,44 1318109 28 1871304 13 2069524 92

179188 42 1318110 28 1871315 14,16 2069526 92

179276 46,48 1318111 28 1871673 18,20 2174021 72

179277 46,48 1318112 28 1871731 13 2174022 72

179955 72,81 1318123 29 1871743 13

179956 72,81 1318124 30,31 1871744 13
179959 73,74 1318125 30,31 1871745 13


