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AP Series Miniature Pilot Lights 

AP1M Series (ø10)

Dimensions
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Panel Thickness 0.8 to 6
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Shape Operating Voltage Part No. Ordering No. Package Quantity Lens Color Code

Dome
5V DC ±5% AP1M255➁

AP1M255➁ 1

Specify a lens 
color code in place 
of ➁ in the Part 
No.

A: amber 
G: green 
PW: pure white 
R: red
S: blue 
W: white 
Y: yellow

AP1M255➁PN10 10

12V AC/DC ±10% AP1M211➁
AP1M211➁ 1

AP1M211➁PN10 10

24V AC/DC ±10% AP1M222➁
AP1M222➁ 1

AP1M222➁PN10 10

Flat (marking)
5V DC ±5% AP1M155➁

AP1M155➁ 1

AP1M155➁PN10 10

12V AC/DC ±10% AP1M111➁
AP1M111➁ 1

AP1M111➁PN10 10

24V AC/DC ±10% AP1M122➁
AP1M122➁ 1

AP1M122➁PN10 10

• Degree of protection: IP65 (IEC 60529)
• The LED cannot be replaced. 
• Separate transformer (TWR512, TWR522, TWR542) can be used for 24V AC/DC pilot lights.

Engraving depth: 0.5 mm maximum
Marking plate material: White acrylic

All dimensions in mm.

Panel Cut-out / Mounting Hole Layout
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