
Technical Information
Working temperature : 0 to 80℃

Features:

Stud

Polypropylene plastic

Shore A 70
Coated with thermoplastic elastomer

Zinc plated
Steel (SUM22L)

Black matte

Body

Part Number

ERBG48-SOFT

Weight
（g）

100

Original ELESA Model EBS+x SOFT

・The stud has a hex socket at the end for tightening 
with a hex wrench.
・The elastomer coating helps to dampen vibrations 
from the machine and reduce fatigue.

ERBG-SOFT ERGOSTYLE SOFT-TOUCH BALL KNOBS
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