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Timing Belt <XL> 

Material Belt Nominal Width

TB=Rubber
025=(6.4mm), 031=(7.9mm)
037=(9.5mm), 050=(12.7mm)

TBU=Polyurethane
025=(6.4mm), 031=(7.9mm)
037=(9.5mm), 050=(12.7mm)

 Order No. Example

   TB 76XL 025
TBU

Type
Belt Nominal Width

Belt Nominal Length

Type Belt

Nominal 

Length

No. of 

Teeth

Belt Pitch 

Circumference

(mm)

¥ ¥

TB TBU
Rubber Polyurethane

025 031 037 050 025 031 037 050

 60XL 30 152.40
 68XL 34 172.72
 70XL 35 177.80
  76XL 38 193.04
  78XL 39 198.12
  80XL 40 203.20
  84XL 42 213.36
 88XL 44 223.52
  90XL 45 228.60
 92XL 46 233.68
  94XL 47 238.76
 96XL 48 243.84
 98XL 49 248.92
  100XL 50 254.00
  102XL 51 259.08
  104XL 52 264.16
 106XL 53 269.24
  108XL 54 274.32
  110XL 55 279.40
 112XL 56 284.48
  114XL 57 289.56
  116XL 58 294.64
 118XL 59 299.72
  120XL 60 304.80
 122XL 61 309.88
  124XL 62 314.96
  126XL 63 320.04
  128XL 64 325.12
  130XL 65 330.20
 134XL 67 340.36
  136XL 68 345.44
 138XL 69 350.52
  140XL 70 355.60
  142XL 71 360.68
 144XL 72 365.76
  146XL 73 370.84
  148XL 74 375.92
  150XL 75 381.00
  152XL 76 386.08
  154XL 77 391.16
 156XL 78 396.24
 158XL 79 401.32




