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3M™ Mini-Clamp Plug
Designed for Wiring Supplied from Japan and Asia, 2 mm, IDC, Wiremount 371 Series
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Ordering Information
371XX - XXXX - 000 FL

Table 1

Wire OD 1.6 ~ 2.0
[.063 ~.079]

1.2 ~ 1.6
[.047 ~ .063]

1.0 ~ 1.2
[.039 ~ .047]

0.8 ~ 1.0
[.031 ~ .039]

Part #
20-22 AWG 2206 2165 2124

Cover Color Gray Blue Green
Part #

24-26 AWG 3163 3122 3101

Color Orange Yellow Red

Note:  Terminate using common pliers or 3M™ Scotchlok™ Crimping Tools E-9BM or E-9E
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3 and 4 Position
# Positions Dim A

3 12.9 [.51]
4 14.9 [.59]

C

mm
[Inch]

±.1 ±.01

Tolerance Unless Noted

0.0 0.00

mm
[  ] Dimensions for 

Reference only

Positions
03 or 04

Wire AWG & OD:
2XXX = 20-22 AWG
3XXX = 24-26 AWG
Wire OD - see Table 1

(RIA E1 & C1 apply)


