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● Uncoated SUMIBORON One-use Type/Multi-corner

SEC-MINI Tool Holders

PC/SC Type

D26

CCMT Stock Dimensions (mm)
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FB
Cat. No.

CCMT 060202N-FB D D D D D 6.35 2.38
0.2

 060204N-FB D D D D D 0.4
CCMT 09T304N-FB D D D D D 9.525 3.97

0.4
 09T308N-FB D D D D D 0.8

CCMT Stock Dimensions (mm)
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LU
Cat. No.

CCMT 060202N-LU DDFDDDDDD DDF 6.35 2.38
0.2

 060204N-LU DDFDDDDDD DDF 0.4
CCMT 09T304N-LU DDFDDDDDDFDDF 9.525 3.97

0.4
 09T308N-LU DDFDDDDDDFDDF 0.8

■ Insert  (  Coated Carbide /  Cermet /  Carbide /  SUMIBORON)

● 7˚ Relief M-Class ● 7˚ Relief M-Class

CCMT Stock Dimensions (mm)
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LUW
Cat. No.

CCMT 09T304N-LUW D D F D D D D 9.525 3.97
0.4

 09T308N-LUW D D F D D D D 0.8

CCMT Stock Dimensions (mm)
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LB
Cat. No.

CCMT 060202N-LB D D D D D D D
6.35 2.38

0.2
 060204N-LB D D D D D D D 0.4
 060208N-LB D D D D D D D 0.8
CCMT 09T302N-LB D D D D D D D

9.525 3.97
0.2

 09T304N-LB D D D D D D D 0.4
 09T308N-LB D D D D D D D 0.8

CCMT Stock Dimensions (mm)
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FP
Cat. No.

CCMT 060202N-FP D 6.35 2.38
0.2

 060208N-FP D F 0.8
CCMT 09T302N-FP D F 9.525 3.97

0.2
 09T304N-FP D 0.4

CCMT Stock Dimensions (mm)
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SU
Cat. No.

CCMT 060202N-SU DDDDDD DDDDD
6.35 2.38

0.2
 060204N-SU DDDDDD DDDDD 0.4
 060208N-SU DDDDDDDDD DD 0.8
CCMT 09T302N-SU DDDDDD DDDDD

9.525 3.97
0.2

 09T304N-SU DDDDDDD DDDDD 0.4
 09T308N-SU DDDDDDD DD DD 0.8

CCMT Stock Dimensions (mm)
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SC
Cat. No.

CCMT 060204N-SC D F D 6.35 2.38 0.4

CCMT Stock Dimensions (mm)
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MU
Cat. No.

CCMT 09T304N-MU D D D D D D D 9.525 3.97
0.4

 09T308N-MU D D D D D D D D 0.8

CCMW Stock Dimensions (mm)
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—
Cat. No.

CCMW 060204 D D D 6.35 2.38 0.4
CCMW 09T304 D D D 9.525 3.97

0.4
 09T308 D D D 0.8

Wiper

F mark: To be replaced by new item (Please confirm stock availability)

NU-
CCGW

Stock Dimensions (mm)
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—
Cat. No.

NU-CCGW 060202 D A K

6.35 2.38

0.2
 060204 D A K D D 0.4
 060208 D 0.8
 060202LT Q D Q Q Q 0.2
 060204LT Q D Q Q Q 0.4
 060208LT Q D Q Q Q 0.8
 060202LS Q Q F Q Q 0.2
 060204LS Q Q F Q Q 0.4
 060208LS Q Q F Q Q 0.8
 060202HS Q D Q Q Q 0.2
 060204HS Q D Q Q Q 0.4
NU-CCGW 09T302 D A K

9.525 3.97

0.2
 09T304 D A K D D 0.4
 09T308 D 0.8
 09T302LT Q D Q Q Q 0.2
 09T304LT Q D Q Q Q 0.4
 09T308LT Q D Q Q Q 0.8
 09T302LS Q Q F Q Q 0.2
 09T304LS Q Q F Q Q 0.4
 09T308LS Q Q F Q Q 0.8
 09T302HS Q D Q Q Q 0.2
 09T304HS Q D Q Q Q 0.4
 09T308HS Q D Q Q Q 0.8

* LT: Small Edge Treatment Type, LS: Continuous Cutting General Type, HS: Strong Edge Type

● 7˚ Relief G-Class
● Uncoated SUMIBORON One-use Type
(DFmark: Only 1pc. per package in stock, AKmark: Both 1pc. per package and 10pc. per package in stock)

2NU-
CCGW

Stock Dimensions (mm)
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Cat. No.

2NU-CCGW 060204 D D 6.35 2.38 0.4
2NU-CCGW 09T304 D D

9.525 3.97

0.4
 09T308 D D 0.8
 09T304WG D Q Q 0.4
 09T308WG D Q Q 0.8
 09T304WH D Q Q 0.4
 09T308WH D Q Q 0.8

* WG/WH: Wiper Insert

2NU-
CCGT

Stock Dimensions (mm)
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FV/LV
Cat. No.

2NU-CCGT 060204N-FV D 6.35 2.38 0.4
2NU-CCGT 09T304N-FV D

9.525 3.97

0.4
 09T308N-FV D 0.8
 09T304N-LV D 0.4
 09T308N-LV D 0.8

● Uncoated SUMIBORON Break Master




