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Part no. W H D (Body length) L (Overall length)
AW 5−4− 7 54.6 38.6  65  85
AW 5−4− 9 54.6 38.6  85 105
AW 5−4−11 54.6 38.6 110 130
AW 5−4−14 54.6 38.6 135 155

Part no. W H D (Body length) L (Overall length)
AW 7−7− 8 65.8 70.8  80 106
AW 7−7−11 65.8 70.8 110 136
AW 7−7−15 65.8 70.8 150 176
AW 7−7−20 65.8 70.8 200 226
AW 7−7−25 65.8 70.8 250 276

●CAD data is downloadable from our website.  Please use the data for your designing.




